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BlattgroRe |Blatt
sheet size |sheet
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MaBeinheit| MaRstab

CU8130-0120

| m dimension |(scale
~ \¥Y[mm

1SO 128

USV mit Montageplatte
UPS with mounting plate
CU8130-0120 / C9900-M675
BECKHOFF

Bezeichnung / description
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