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sheet size

cale

MaReinheit|MaBstab |BlattgréRe (Blatt

~—1 m dimension

~ I mm (1:1 |A3

Embedded-PC, CPU-Grundmodul
Embedded PC, basic CPU module

CX2020 / CX2030
BECKHOFF

Bezeichnung / description
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