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Index DateDescription of Change

ISO 128

00 Introduced 

Revision number

SheetSheet SizeScale

Item Number

Dimension

mm

Toleration ISO 8015
General tolerances

 

Edges

 

DIN EN ISO 13715
Indication of surface

 

DIN EN ISO 1302
Tolerences of form, orientation, 
location, run out

DIN EN ISO 1101

 

 

 

 

RoHS compliant
2011/65/EU

ISO 2768 - fH

Company 
Standard

Samtec SSQ-112-21-L-D-K-TR
 
For more information about this part, visit www.samtec.com

Recommended Socket 
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01 Pinout Added 01 26.10.2020


