
USB-port

DVI-port USB-port

M4 groundingpower

rear view

145

15
0

21
2,

5

10
0

100

M6x10

40

28 35 359,4

58
5

69
8

10
5°

235,4

side view front view

bottom view

CP3924-0000
C9900-M575

C9900-M390

C9900-M406

CP3924-0000
with
C9900-M575
C9900-M390
C9900-M406

main dimensions and
fixing points

dimensions in mm

468


