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Langloch @ 5 x 0,5 mm / & mm tief fir Passstift 1SO 8734
Slotted Hole @ 5 x 0,5 mm / 4 mm deep for Dowel ISO 8734
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Bohrung @ 5 mm / & mm tief fir Passstift I1SO 8734

Hole @ 5 mm / 4 mm deep for Dowel ISO 8734

60,5 \

M5 (6mm tief)

M5 (6mm deep)
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MaReinheit|MaRstab

|/| ﬂ.\\ dimension |scale

1SO 128

Linear servomotor

AL8048

BECKHOFF

Linear Servomotor

Bezeichnung / description
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